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Matchcode
Nischenmaß
H   B T

UK61.. 355 367 95

UK62.. 480 367 95

UK63.. 605 367 95

UK64.. 730 367 95

UK65/66.. 855 367 95
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Achtung: 
SCHIEBER 
vor Mauereinbau 
nicht entfernen!
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UK6..NB     UK6..N.     UK6..P

Attention: 
Do not 
remove the 
SLIDER before 
wall mounting
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UK6..NB     UK6..N.     UK6..P

CU 1,5 - 2,5 mm�
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CU 1,5 - 4 mm�

CU 2,5 - 25 mm�

+
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Technical data:
UN : AC 400V / 50/60 Hz
IN : 63A
T : +40 / -5° C
IP20

Screwless terminal
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ABB STRIEBEL & JOHN GmbH
Am Fuchsgraben 2-3
D-77880 Sasbach

TEL +49 (0)7841 / 609-0
FAX +49 (0)7841 / 609-400        
Export Department FAX +49 (0)7841 / 609-545
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